
OPERATING CONDITIONS:

Burning position : hor. p15
Pinch temperature (°C) : - - 350
Bulb wall temperature (°C) : - 250 -
Switching cycle : 23 hrs ON, 1 hr OFF

LAMP LIFE :

Average life (50% failure rate)(h) : 2000

ATTENTION: Lamps must comply with the requirements of IEC 60357, IEC 60061 and IEC 60598.
The product must be used with suitable operating equipment and in accordance with the
 specified data

SLI SYLVANIA reserves the right to change data and specifications without notice.
Data for guidance only.
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PHOTOMETRIC DATA :

APPLICATION : General Lighting

Cap : R7s   (IEC 61-1 -7004-92-2)

ELECTRICAL DATA: NOMINAL VALUE MIN. MAX.

Lamp rated wattage (W) :
Lamp operating voltage (V) : 120
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nom. 64

114.2 ± 1.6

117.6 max.

118.6 max.

TYPE
DESCRIPTION

WATTAGE

(W)

LUMINOUS
FUX

COLOUR
TEMPERATURE

(K)

ILCOS CODE ENERGY
CLASS

120V 300
500

5000
10000

2900
2900

HDG-300-120-R7s-117.6
HDG-500-120-R7s-117.6
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