Electrical connection systems KilauKe" s

Assortments

ST 31 B Pocket box with ins. cable end-sleeves 0.5 - 2.5 mm2, DIN 46228 p. 4, colour code 2

‘ » Pocket box made from impact-resistant plastic

Characteristics
= Stackable and resealable

Item Part No.
Pocket box with insulated cable end-sleeves 0.5 - 2.5 mm? ST31B
Scope of

supply Colour Descripti Quantity Page
ST31L Pocket box 1

1698 []  Ins.cable end-sleeve DIN 46228 part 4,0.5 mm2, 13mm long 50 160
1708 [C]  Ins.cable end-sleeve DIN 46228 part 4,0.75 mm?, 13.5mm long 100 160
1718 [ Ins.cable end-sleeve DIN 46228 part 4, 1 mm?, 13.5mm long 100 160
1728 Il Ins.cable end-sleeve DIN 46228 part 4, 1.5 mmz, 13.5mm long 100 160
1738 [C]  Ins.cable end-sleeve DIN 46228 part 4, 2.5 mm?, 14.5mm long 50 160

ST 12 B Pocket box with insulated cable end-sleeves 4 - 16 mm?2, DIN 46228 part 4

‘ » Pocket box made from impact-resistant plastic

Characteristics
= Stackable and resealable

Item Part No.
Pocket box with insulated cable end-sleeves 4 - 16 mm2 to DIN 46228 part 4 ST12B
Scope of

supply Colour Descripti Quantity Page
ST12L Pocket box 1

47410 []  Ins.cable end-sleeve DIN 46228 part 4, 4 mm?, 17mm long 50 157
47512 []  Ins.cable end-sleeve DIN 46228 part 4, 6 mm2, 20mm long 20 157
47612 [ Ins.cable end-sleeve DIN 46228 part 4, 10 mm?, 22mm long 20 157
47712 I Ins.cable end-sleeve DIN 46228 part 4, 16 mm?, 24mm long 10 157

ST 2 B Pocket box with cable end-sleeves 4 - 16 mm?2, DIN 46228 part 4, colour code 1

‘ » Pocket box made from impact-resistant plastic ‘

Characteristics
= Stackable and resealable

Item Part No.
Pocket box with insulated cable end-sleeves 4 - 16 mm? ST2B
Scope of

supply Colour Descripti Quantity Page
ST2L Pocket box 1

174GR [C]  Ins.cable end-sleeve DIN 46228 part 4, 4 mm?2, 16.5mm long 50 159
1758 Il Ins.cable end-sleeve DIN 46228 part 4, 6 mm?2, 20mm long 20 159
176E []  Ins.cable end-sleeve DIN 46228 part 4, 10 mm?2, 21.5mm long 20 159
177GR [ Ins.cable end-sleeve DIN 46228 part 4, 16 mm?, 22.2mm long 10 159
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