Product data sheet
Characteristics

140CRA93200C

RIO drop adaptor module Modicon Quantum -
2 connectors with redundant cable

Main
Range of product

Modicon Quantum automation platform

Product or component RIO drop adaptor module

type
Complementary
Product compatibility Quantum
Number of 1/O expansion module <=27
Type of cable Coaxial 75 Ohm
Transmission rate 1544 Mbit/s
Dynamic range 35dB

Isolation voltage

Electrical connection

500 V DC coaxial center and ground

2 female connectors F elbowed with redundant cable

Diagnostics startup

Executive checksum
Power up and runtime
RAM address/data

Power dissipation in W

Bus current requirement

3.8 W 2 channels
750 mA 2 channels

Module format

Standard

Environment

Protective treatment
Standards

Conformal coating Humiseal 1A33

CSA C22.2 No 142
CUL
UL 508

Resistance to electrostatic discharge

8 kV on air conforming to IEC 801-2
4 kV contact conforming to IEC 801-2

Resistance to electromagnetic fields

10 V/m 80...1000 MHz conforming to IEC 801-3

Ambient air temperature for operation

0...60 °C

Ambient air temperature for storage -40...85 °C
Relative humidity 95 % without condensation
Operating altitude <= 5000 m

Offer Sustainability

Sustainable offer status

Green Premium product

RoHS (date code: YYWW)

Compliant - since 0901 - Er

REACh

Reference not containing SVHC above the threshold

Product environmental profile

Product end of life instructions

Available

Need no specific recycling operations
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The information provided in this documentation contains general descriptions and/or technical characteristics of the performance of the products contained herein.

This documentation is not intended as a substitute for and is not to be used for determining suitabil

reliability of these products for specific user applications.

It is the duty of any such user or integrator to perform the appropriate and complete risk analysis, evaluation and testing of the products with respect to the relevant specific application or use thereof.

Neither Schneider Electric Industries SAS nor any of its affiliates or subsidiaries shall be responsible or liable for misuse of the information contained herein.


http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=697962&lang=en-us
http://se-vl-145.ebusiness.schneider-electric.com:9085/cut.CatalogueRetrieverServlet/CatalogueRetrieverServlet?fct=get_element&env=publish&scp_id=Z000&el_typ=rendition&cat_id=BU_AUT_538_L3&maj_v=2&min_v=47&frm=first&usg=first&doc_id=H544389&dwnl=true
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Dimensions Drawings

Racks for Modules Mounting

Dimensions of Modules and Racks
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(1) 2slots
(2) 3slots
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(4) 6slots
(5) 10 slots
(6) 16 slots
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