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Datasheet 

RS Pro 1A Radial T Leaded PCB Mount Fuse, 250 V ac 

RS Stock No: 611-0686 
                       

 

 

 

RS Pro radial leaded fuse withstands currents up to 1 A. This high performance, PCB mount fuse offers T speed 
with a voltage rating of 250 V ac. It has nylon body for added durability. 
  

Features and Benefits 
•   Current rated at 1 A 
•   Radial fuse 
•   High performance 
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Specifications: 

Body Diameter 8.5 mm 

Body Height 7.2 mm 

Body Material Thermoplastic 

Breaking Capacity (at Maximum 
Voltage Rating) 

35 A 

Current Rating 1 A 

Fuse Speed T 

Lead Orientation Radial 

Maximum Operating Temperature +85°C 

Minimum Operating Temperature -40°C 

Voltage Rating 250 V ac 

Voltage Rating 250 V ac 

Wire Diameter 0.6 mm 

Wire Length 4.3 mm 

Wire Pitch 5.08 mm 

  
 

 


