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INDUSTRIES, INC.

G2G085 Series
Centrifugal

Singleinlet centrifugal blower with brushless
DC motor mounted inside the scroll housing
for better performance and compact form/fit

Part CFM Voltage Temp. Wgt. Type Of Insul.
Number @0 Curve Volts Range Watts dBA Max C (0z) Bearing Features Class
G2G085-AB02-01 a7 1 24 16t028 13 53 60 32 Ball Flange R
G2G085-AB04-10 a7 1 12 8tol4 10 52 65 32 Ball Flange R
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DIMENSIONS - inches (mm) A0 e

PARTNUMBER A B C D E F G H

G2G04as5 461 5.00 235 222 299 260 268 228 1
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