TTS-20R0

Part Number

RoHS Compliancy Status
Part Description

Material

Color

CSA Certified

UL Listed (File #E56854)
UL Recognized (File #E56854)
Length (ft.)

Length (In.)

Length (m)

Length (mm)

Width (In.)

Width (mm)

CE Compliant

Cross Section

Locking Style

Max. Bundle Diameter (In.)

Max. Bundle Diameter (mm)

. * Strongest low profile material in the industry; thin and flexible to quickly wrap around bundles
« Cost effective for general purpose bundling
* Adjustable, releasable and reusable
« Large continuous roll you can cut to size — PANDUIT cutter included with TTS-35RX0
« Handy, reusable plastic case (TTS20) keeps material clean
« Complementary mounts available

Note: Minimum 2" overlap required to achieve loop tensile rating

TTS-20R0

Compliant

Hook & Loop 20' Roll, Standard cross section
Nylon Loop, Polypropylene Hook
Black

No

No

No

20.0

240.0

6.1

6096.00

.750

19.1

Yes

Standard

Hook & Loop

Various

Various

Min. Loop Tensile Strength (Lbs.) 40

Min. Loop Tensile Strength (N)
Pricing Description
Temperature Range
Thickness (In.)

Thickness (mm)

Min. Order UOM

178

Hook & Loop Roll, Low Profile, 20'L (6.1m), .75"W (19.1mm), Black
-22°F to 194°F

.035

9

RL



THIS COPY IS PROVIDED ON A RESTRICTED BASIS AND IS NOT TO BE USED IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.

B REF.

-
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E REF.

D REF.
PANDUIT BUNDLE DIA. A B C D E MIN. LOOP* | APPROXIMATE WEIGHT
PART NO. DESCRIPTION P in in tomi [PE tm) | in tom) [in (o) | in tmm | oI LE lbs/ROLL (g)
° (mm] S o
) 20 FEET (6.1m) .625 .035 20 .750 | 1.5 |[3.25
TTS-20R0 ROLL (160 |VARIOUS|(0-a)|i6.11|(19.11| (38) | 183) | 40 (178) .072 (33])
TTS-35RX0 | 35 FEET (10.7m) | .625 VARIOUS| 1032 35 | 750 | 1.5 | 4.0 | 45 ([7g) 128 (58)
ROLL (16) (0.9) |[(10.7) (19. 11| (38) |(102) .
TTS-35R3-0
NOTES:
« 1) MINIMUM 2" (50.8mm) OVERLAP REQUIRED TO ACHIEVE LOOP TENSILE RATING.
2) COLOR: BLACK

DIMENSIONS [N PARENTHESIS ARE IN METRIC UNITS
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UNLESS OTHERWISE SPECIFIED,
DIMENSI[ONAL TOLERANCES ARE:

UNLESS OTHERWISE SPECIFIED,
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