
RS Stock number 239-933 

Description: 

Miniature space-saving mains RFI filter. Protects digital logic circuits. High attenuation is 
achieved by using high inductance current-compensated chokes and class X2 and Y capacitors 

Specification: 

• Depth:  25mm 
• Dimensions: 25 x 25 x 25mm  
• Height:  25mm  
• Length:  25mm  
• Maximum Current Rating:  3A  
• Maximum Operating Temperature:  +85°C  
• Maximum Voltage Rating:  250 V ac  
• Minimum Operating Temperature:  -25°C  
• Mounting Type:  Through Hole  
• Operating Frequency:  400Hz  
• Series:  FPNP  
• Termination Style:  Pin  

Dimensions (mm): 

RS, Professionally Approved Products, gives you professional quality parts across all products categories. Our range has 
been testified by engineers as giving comparable quality to that of the leading brands without paying a premium price. 
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