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Product description

Description: Made of chopped-fibre mat with a progressive structure. Temperature-resistant to 100°C, self-
extinguishing category F1 to DIN 53 438. Dust-laden air side: Open structure. Clean-air side:
Closed structure. Reliable filtering of virtually all types of dust from a particle size of 10 uym.

Version: for fan-and-filter units

Material: Chemical fibers

Packaging unit:

EAN:

Customs tariff
number:

eCl@ss 5.1:

eCl@ss 7.0:

Product features

Dimensions:

Filter class to DIN EN
779:

Weight/PU:
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5 pc(s).

4028177156159

39269097

27180706

27180706

Height: 120 mm (4.7 7)
Width: 120 mm (4.7 ")
Depth: 12 mm ( 0.47 7)

G2

0.02kg (01Ib.)


http://localhost:9001/ca-en/product/list/variations.action?productID=PRO0303&print=true

Suitable for Model 3238....

No.:

Downloads

Data sheets: T Technical system catalogue (DE)
Specialist literature: TAINA EN
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