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VOXPOWER ACCESSORIES : AC Input Cable Set
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AC Input and Signals Cable Set

1 x Cable Harness — 12 Way J2 Global Signals

Length — 200mm (Not Stripped)

AWG 28

Green (1), Black(2), Pink(3), Yellow(4), White(5), Orange(6),
Grey(7), Blue(8), Purple(9), Black(11), Red(12). Colours may
vary.

4 x Cable Harness — 6 Way J5 Output Signals

Length —200mm (Not Stripped)

AWG 28

Green (1), yellow(2), orange(3), brown (4), black (5), Red
(6). Colours may vary

1 x Connector Housing —J1 Power Input
3 x Crimp Terminal

Important Note: Refer to user manual for correct insertion instruction. Contact Vox Power for further assistance.

Vox Power Ltd. reserves the right to change or improve any part of the specification, electrical or mechanical design or manufacturing process without notice. Please consult your local distributor or contact Vox Power to ensure
that you have the latest specification before using your product. For other information relating to the use of the product please refer to the latest NEVO user manual. Vox Power reserves the right to make changes without notice to
any of its products. Vox Power does not assume any liability arising out of the use or application of any of its products and of any information to the maximum extent permitted by law. No license, express or implied, by estoppels
or otherwise, to any intellectual property rights is granted by this document or by any conduct of Vox Power. VOX POWER DISCLAIMS ALL WARRANTIES AND REPRESENTATIONS. IN PARTICULAR ALL OTHER WARRANTIES,
CONDITION OR TERMS RELATING TO SUITABILITY, FITNESS FOR PURPOSE, MECHANTABILITY OR CONDITION OF THE PRODUCTS AND WHETHER EXPRESS OR IMPLIED BY STATURE OR COMMON LAW OR OTHERWISE ARE EXCLUDED.
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