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Product Datasheet
4 pair Catde SFTP patch cahile 305m

RS Article No: 812-4791
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Cable Marking: Gate SFTP patch cable 001M_305M

Application:

Horizontal Wiring in LAN

Reference Standard:

EIR/TIR568 & ISO/IEC 11801, IEC60332-1
Operating Temperature:-15~70°C
Voltage rating:300V a.c.

Construction:

Conductor: Bare Copper
AWG:26

Cross Sectional Arealmm?): 0.14
Structure(+/-0.01):7/0.16
Conductor Dia. (mm): 0.48
Insulation: PE

Average Thickness(imm): 0.23
Insulation Dia.(0.05mm): 0.94
Twisting: 2C

Cahling: 4P

AL-MYLAR: (18mm*0.05mm)
Braid: Tinned Copper
Structure: 12/5/0.10mm
Jacket:PVC

Average Thickness(mm): 0.50
Min. Point Thickness(mm): 0.41
Outer Dia.(0.3mm): 5.60

Rip Cord: No

Color:

Insulation colors are: Blue White/Blue Stripe; Orange White/0Orange Stripe
Green,White/Green Stripe;Brown,White/Brown Stripe

Jacket colors: GRAY RAL7035




Frequency Input Returnloss  Attenuation NEXT
Impedance
(MH2) (ohms) (dB) (dB/100m) (dB)
1 10019 200 34 65.3
4 10015 230 10 96.3
10 10015 25.0 1n1 90.3
16 10019 25.0 139 413
20 10015 25.0 15.6 45.8
31.25 10015 23.6 199 429
62.9 10019 219 289 384
100 10015 201 374 39.3
Frequency PSNEXT ELFEXT PSELFEXT SRL
(MH2) (dB) (dB/100m)  (dB/100m) (dB)
1 62.3 63.8 60.8 230
4 93.3 o1.1 48.1 23.0
10 413 43.8 40.8 25.0
16 443 39.1 36.1 25.0
20 42.8 311 34.1 25.0
3129 39.9 33.9 30.9 23.6
62.9 39.4 218 248 219
100 32.3 238 208 201

Pair-to-Ground Capacitance Unhalance (pF/m): <=3.3
Max. Conductor DC Resistance 20°C [ohms/km): 165




