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Datasheet

RS Pro Stud Terminal, HSK series, 1000 V, 125A
RS Stock No: 501-982

Product Details

RS Pro stud terminal has a voltage rating of 1000 V and current rating of 125 A. This stud terminal features low
voltage drop and is securely mounts on top hat rail with internal spring foot. The partitions fit between terminals

and can be broken down by hand to suit. It is supplied with nuts and washers. The stud terminal meets UL, CSA
standards.

Features and Benefits

¢ Low voltage drop

¢ Securely mounts on Top hat rail with internal spring foot

¢ Partitions fit between terminals and can be broken down by hand to suit
¢ Yellow safety covers clip into partitions
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Specifications:

Colour

Current Rating

Maximum Operating Temperature
Minimum Operating Temperature
Number of Levels

Voltage Rating

Wire Size

Clamping Area

Dimensions

Material

Standards Met

Beige

125 A
+120°C
-40°C

Single
1000V

14 to 2 AWG
<35 mm

67 x16 x47 mm
Nylon 66

UL, CSA




