Han-Kit®

HARTING

Economical and Reliable Connections - 1 Kit per Package - Easy Choice for You!

Specifications

VDE 0110 Table for clearance and
creepage distances

DIN EN 61 984

VDE 0627 Connectors
Safety requirements and
Tests

Standards

DIN EN 175 301-801

Approvals
UL, CSA, SEV for inserts

Certified accd. to EN ISO 9001
in design/ development, production,
installation and service.

General Remarks:

It is the user's responsibility to check
whether the componenets belonging
to these kits comply with different
regulations from those stated in spe-
cial fields of application which we are
unable to foresee.

We reserve the right to modify designs
in order to improve quality and keep
pace with technological requirements
in production.

No part of this information leaflet must
be reproduced in any form (print, pho-
tocopy, microfilm or any other process)
processed, duplicated or distributed by
means of electronc systems without
the written permission of HARTING
ELectric GmbH & Co. KG, Espelkamp
(Copyright Law, Fair Trading Law, Civil
Code).

We are bound by the German version
only.

Note

Connectors should not be cou-
pled or decoupled under electri-
cal load.

Connectors of the same or
different series being mounted
side by side may be protected
against incorrect mating by the
use of coding options.

Han®3 A

Connector Set Up

Cable Gland

Hood

Male contacts

Male insert

Female insert

Female contacts

Bulkhead mounted housing

Han®10B
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Han-Kit®

HARTING

Han® 6 B

Part-Number

Dimensions in mm

Han-Kit®-6B

Hood"

Material

Protection degree?
Cable gland

Cable diameter

Insert
Screw terminal

Han® 6 B

Die cast aluminium alloy
IP 65

M20, metal
5-9mm/6-12mm

Han® 6 E, 6-pins + PE
1-2.5 mm?, AWG 18-14

Electrical data accd. to DIN EN 61 9843

Rated current
Rated voltage®

Rated impulse voltage

Pollution degree

Rated voltage

16 A 500V 6kV 3
_J

-

10 33 006 0000

accd. to UL/CSA 600 V
35
Dimensions in mm | Han-Kit "]
6B o | 9
a 48 }
b 70 ‘
Assembly cut out ¢ B 7‘7 m{
bulkhead mounted 48x35
housing { ;
4 \/’\‘/’J
= 3?2
Han® 10B Part-Number Dimensions in mm
Han-Kit®-10B
Hood" Han® 10 B 10 33 010 0000 =
Material Die cast aluminium alloy
Protection degree? IP 65
Cable gland M25, metal

Cable diameter

Insert
Screw terminal

9-16mm/13-18 mm

Han® 10 E, 10-pins + PE
1-2.5 mm?, AWG 18-14

Electrical data accd. to DIN EN 61 9843

Rated current
Rated voltage®

Rated impulse voltage

Pollution degree

Rated voltage
accd. to UL/CSA

16 A 500V 6kV 3
|

600 V

1) Bulkhead mounted housing with flange gasket
2) Protection degree accd. to DIN EN 60 529 in locked position
3) For use in a un-grounded circuit or a grounded delta circuit

Dimensions in mm | Han-Kit
10B
a 60
b 83
Assembly cut out
bulkhead mounted | 60 x 35

housing
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