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PRO.

Datasheet

9 mm Orange Neon Indicator Lamp, E10,

220/250 V 1.8 mA
RS Stock No.655-9429

T3 (10mm) MES Neon Lamp c/w Integral Resistor
Designed for top and side viewing

Length 30mm
Lamp Base E10
Lamp Size 9 mm
Light Colour Orange
Yoltage Rating 2200250 V
Current Rating 1.8 mA
Length 28 mm
Life Hours 50000h
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SPECIFICATION SHEET
RS Stock No. 6559429
DRAWING -1
L0.OMAX
S i
r ' |
it
| »
{] =
i Z
&
1
2
Unit : mm
Bulb Type T10X30
Bulb Diameter ¥10.0Max.
1. Structure
Length 28.0Max
Base Type E10.
Voltage 220/250V
2. Design Amperage 1.8mA+10%
Characteristics Gas Type Neon gas-filled
Life Hours 50,000Hrs




