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Product Datasheet ENGLISH

RS LED RGB FLOODLIGHT, 10W

Feature:
Energy-saving Lighting

Applications:

Floodlights are for bars, clubs, hotels, plazas, commercial buildings, stages, squares,
museums, art galleries, historical buildings, theatres, parks, gardens, etc.
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Specification: ENGLISH

SPECIFICATIONS

Watt 10w

Work Voltage AC85-265V
Configuration Size L114.3*W85.7*H88.8mm
Light Color RGB

LED Angle 120°

Accessory With RGB IR Controller
Lamp's Efficiency (%) > 90%

Life Span 50000H

Protection Degree IP65

Dimensions:
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RGB IR Controller:

Brightness and
speed adjusting
button

Static
monochrome
shortcut button,
press the
corresponding
color display

off

ON/Play/Pause

The static effect of white
Jump effect
Stroboscopic effect
Gradually change effect

Smooth gradually change




