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Datasheet
2.54mm Pitch SIL Horizontal PC Tail Pin Header

Assembly
RS Stock number 547-3194

Dimensions - mm

~—2.54 x No. OF WAYS PER ROW—=]

2.54 x No. OF PITCHES PER ROW
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Specifications:

Moulding: High temp nylon 6T UL94V-0, black

Pins: Gold

Current Rating: 3A max.

Contact Resistance: 25 milliohms max.

Insulation Resistance: 1,000 megohms min.

Dielectric Strength: 750V AC/DC

Durability: 300 Operations

Temperature Range: -40°C to 105°C




