
Re-usable rack for easy home storage 

Fully forged from chrom vanadium steel 

MaxiDrive open ended jaw shape maintains grip on fastener with only slight 
rotational pressure 

Bi-hex 12 point ring with precisely broached MaxiDrive profil - Both the open 
head and the ring are angled at 15° 

Satin finished nickel Chrom plating 

Slim open head 

ISO 3318 DIN 3113 

4-94-646 4-94-647 4-94-648 

6 piece 

Sizes  

10,11,12,13,14&15mm 

 

11 piece 

Sizes 

7,8,9,10,11,12,13,14,15,16&17mm 

13 piece 

Sizes 

8,9,10,11,12,13, 

14,15,16,17,18, 

19&20mm 



4-87-052 

Set of 8 Maxi Drive metric open ended spanners 

Fully forged from chrome vanadium steel with nickel chrome plating 

The Maxi Drive open ended jaw shape maintains grip on the fastener with 

only slight rotational pressure 

1 of each 6 x 7, 8 x 9, 10 x 11, 12 x 13, 14 x 15, 16 x 17, 18 x 19 and 20 x 

22mm 




