Datasheet ENGLISH

RS Nitrile Rubber O-Ring Cord,
1.6mm Diam., 8.5m Long

RS Stock number 159-1478

Technical Data Sheet

Compound: N70 - Mitrilke (MBR- Butadine Rubber)
Colour: Black

Complies with: ASTh D2000 M2BET714 Ald B14 EAT4 EO1

Reqguired Tested
Mechanical Properties
Shore Hardness (Sh.A): 7O 71
Tensile Strength (MPa): 14 14
Elongation at Break (96): 250 385
Specific Grawity: nfa 1.1%
Thermal Properties
Operating Temperature Range (*Cx nfa - 30 to +120
Compression Set Test @ 100°C for 22 Howurs (36): 25 13
Heat Resistance Test @ 100°C X 70 Hours
Hardness Change Points: =15 +3
Tersile Strength Change (%): + 30 +2
Elongation Change (%): - 50 -12
Water Resistance Test @ 100°C X 70 Hours
Hardness Change Points: *=10 -4
Volume Change (%) +10 +4.3
Fuel A Resistance Test @ 23°C X 70 Hours
Hardness Change Points: +=10 +2
Tensile Strength Change (%): -20 -10.84
Elongation Change (%): =20 -12.461
Wolurme Change (96): -Sor +10 +1.2
Fuel B Rasistance Tast @ 23°C X 70 Howurs
Hardness Change Points: 0 to -30 -7
Tensile Strength Change (9%6): -&0 -39.61
Elongation Change (%5): -&60 -41.29
Wolume Change (36): 0 fto +40 +1&8.711
ASTMM No. 1 Oil Immarsion Test @ 100°C X 70 Hours
Hardness Change Points: -5 to +10 +3
Tensile Strength Change (%) -25 +4
Elongation Change (%): -A45 -1e
volume Change (9%6): -10to +5 -1
ASTH IRM 203 Oil Immersion Test @ 100°C X 70 Howurs
Hardness Change Points: 10 to +5 +2
Tensile Strength Change (%) -A5 =21
Elongation Change (36): -as 16
YVolume Change (%): 0 to +25 +5
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