FRO
Datasheet

Black 30m Antistatic PVC Air Hose, -15 = +60°C,
Application Suitable for Food Use

RS Stock number 399-1151

Special Features

@® Abrasion resistance - excellent
® Made from Cadmium free materials
®  Resistance to a wide range of chemicals
[see Chemical Resistance Table)
® (Good flexibility
® High resistance to acids / alkalis BB R RBRRE TR RE
® Silicone free FEREREEEEE 3 3 3!
@®  Service temperature -15°C to +60°C 23333333333 2333
® Low Toxic Linen - suitable for food use
®  Anti Static TECHNICAL DATA
®  Excellent transparency
@® Manufactured to comply with EXTRA FLEXIBLE ANTI-STATIC
BSB066 & IS0 5774 AIR HOSE
(UK. And European Sizes
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Tast Mathods & Pracedures

5P - Method. 2472 section 7, rav 1 and section 7.3, ray 1
ESD Appraved

BS 2050 - 19768 1999 412

BS EM IS0 7751 - 1997

150 1402 1984

BS EN 28033 : 1393

BS EMN 24671 . 1393

150 BO33 : 1991

BS EM 21746 . 19583




