RS

Datasheet ENGLISH

Stock No: 247-4037
RS Pro Cartridge Fuse, T, 25A, 6.35 x

32mm

> o A

Product Details

Ceramic Body - (T) HBC
All fuses 6.3mm (0_25in) diameter and 32mm (1.25in) in length.

Specifications:

Current Rating 254
Diameter 6.35mm
Overall Dimensions 6.35 x 32mm
Cwerall Length 32mm

Fuse Speed T

Body Material Ceramic
High Rupture Capacity Yes
Breaking Capacity at Maximum Voltage Rating 1500 A

Voltage Rating 440V ac
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