=

Datasheet ENGLISH

Cable Jack Push Lucking
RS Stock number 490-866

MATERIAL:

1. SHELLCOVER :Zn ALLOY NICKEL PTD.
2. STRAIN BOOT:PVC

3.  “T”HOLDER: STEEL NICKEL PTD.

4. GNDCONTACTOR:

PHOSPHOR BRONZE NICKEL PTD.
SETSCREW:STEEL NICKEL PTD.
HOUSING: ABS

7. TERMINALS: COPPER SILVER PTD.
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Specifications:

Rating: 100V AC 4A max.

Contact Resistance: pins-30mQ max; shell-50mQ max.
Insulation Resistance: 100MQ min. at 500V DC

Voltage Withstand: 250V AC R.M.S for 1 minute
Dimensions(mm)
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