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Datasheet

Wedge Filament Indicator Lamp, Clear, 24V, 83 mA,
5000h

RS Stock number 655-9794

Dimensions: mm
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Specifications
Structure

* Bulb Type: T3 1/4

* Bulb Diameter: $10.29 Max
* Length: 27.7 Max

* Base Type: Wedge Base

Design Characteristics

* Voltage: 24V

Amperage: 83mA+10%
Filament Type: Vacuum Type
Luminous Flux: 9Lm+20%
Life Hours: 5000hrs
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