
 Technical characteristics  Value 

 Material  Polyamid (PA) 

 Trunking width  40 mm 

 Trunking height  40 mm 

 Colour  light grey 

 Slot width  8 mm 

 Tongue width  4.5 mm 

 Length  500 mm 

 Capacity for n-wires e.g. H07Y-U/R/K 1 mm²  101 

 Capacity for n-wires e.g. H07Y-U/R/K 1,5 mm²  81 

 Capacity for n-wires e.g. H07Y-U/R/K 2,5 mm²  53 

 UL 94 classification  V0 

 Working temperature  -25 to 90 °C 

 Fixing type  bottom punching 

 Hallogen free  1 

 Lid shape  none 

 RAL colour number  0 

 Side wall configuration  Slotted 

 Type of surface treatment  untreated 


