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Datasheet 

RS Pro Lead Pins Filament Indicator Lamp, Clear, 28 V, 24 
mA, 4000h 
RS Stock No: 655-9479 

                       

 

 

 

RS Pro lead pins filament indicator lamp comes with clear lens and bi-pin filament indicators, specifically intended 
for illumination in confined spaces. It has a voltage rating of 28 V and current rating of 24 mA. The lamp has 4000 
h life. 
  

Features and Benefits 
•   Voltage rating of 24 V 
•   Current rating of 24 mA 
•   4000h lifetime 
 
 
 
 
 
 
 
 
 

 

Product Details  
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Specifications: 

Current Rating 24 mA 

Diameter 3.15 mm 

Lamp Base Lead Pins 

Lamp Size T1 

Length 16.5 mm 

Lens Colour Clear 

Life Hours 4000 h 

Luminosity 1.9 lm 

Voltage Rating 28 V 

  
 

 



RS Stock No. 6559479 

DRAWING-I 
3.15MAX 

I /~41 ''\ 

Ii :x 
~ 
L 
L/1 
\J) 

(]\ 

I 

11'1 
0 
04 

I Lf) 
co 

•OJ)S / I 
<.D 

00.5 -0J)S ' 

I t.271 

Unit: mm 

Bulb Type Tl Clear 

1. Structure 
Bulb Diameter 03.15Max. 

Length 16.5Max 

Base Type Bi-pin 

Voltage 28V 

2. Design 
Amperage 24mA±I0% 

Filament Type Vacuum type Characteristics 
Luminous Flux 1.9Lm±20% 

Life Hours 4,000Hrs 

RS, Professionally Approved Products, gives you professional quality parts across all products categories. Our range has
been testified by engineers as giving comparable quality to that of the leading brands without paying a premium price.
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