
Part No Size L L1 W W1 H C1 C2 C3 C4 S1 S2 Wall Thickness

464-0010 A 114.3 89.2 35.1 25 30.5 79.5 25.4 36 1.5mm

464-0020 B 139.7 114.1 63.6 45 30.5 104.6 54.1 126.9 30 60 1.5mm

464-0030 C 139.7 114.2 89.1 69 55.9 104.6 79.4 127 50 50 36 1.5mm

464-0040 D 139.7 114.7 63.7 45 55.9 103.6 52.5 127.2 30 60 2.0mm

464-0050 E 202 171.8 120.8 100 55.9 160.3 109.6 189 80 80 2.0mm

464-0060 F 202 171.8 120.8 100 106.7 160.3 109.6 189 80 80 2.0mm

464-0070 G 252 222.6 146.4 118 56 211.6 135.3 238 98 100 2.0mm

464-0100 K 170 140 101.6 80 77 128.8 90.6 157 60 64.3 2.0mm

464-0110 L 195 165.2 126.9 100 77 154.2 116 182 80 77 2.0mm

464-0120 M 150 120 100.2 80 36 108.2 88.2 137 60 50 2.0mm


