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Datasheet
Black Silicone Sealant Paste for

Jointing, 310mli Cartridge

RS Stock number 512-783

Description:

Silicone Building Sealant is a one-part, neutral-cure, architectural-grade sealant that easily
extrudes in any weather and cures quickly at room temperature. This cold-applied, non-
sagging silicone material cures to a medium- modulus silicone rubber upon exposure to
atmospheric moisture. The cured sealant is durable and flexible enough to accommodate
+50 percent movement of original joint dimension when installed in a properly designed
weather seal joint. In a properly designed structurally glazed joint, the sealant is strong
enough to support glass and other panel materials under high wind load.

Features:

* Suitable for most new construction and remedial sealing applications

* Versatile — high performance structural glazing and weather sealing from a single
product

* Available in 13 standard colors; custom colors also available

* Excellent weather ability — virtually unaffected by sunlight, rain, snow, ozone and
temperature extremes of - 40°F (-40°C) to 300°F (149°C)

* Excellent unprimed adhesion to a wide variety of construction materials and building
components, including anodized, alodined, most coated and many Kynar®!-painted
aluminums?

* Ease of application — ready to use as supplied

* Ease of use —all-temperature gun ability, easy tooling and low-odor cure byproduct

* Meets global standards (Americas, Asia and Europe)



http://uk.rs-online.com/web/p/silicone-sealants/0512783/?searchTerm=512-783&relevancy-data=636F3D3126696E3D4931384E525353746F636B4E756D6265724D504E266C753D656E266D6D3D6D61746368616C6C26706D3D5E5C647B337D5B5C732D2F255C2E2C5D5C647B332C347D2426706F3D313426736E3D592673743D52535F53544F434B5F4E554D4245522677633D4E4F4E45267573743D3531322D37383326
http://uk.rs-online.com/web/p/silicone-sealants/0512783/?searchTerm=512-783&relevancy-data=636F3D3126696E3D4931384E525353746F636B4E756D6265724D504E266C753D656E266D6D3D6D61746368616C6C26706D3D5E5C647B337D5B5C732D2F255C2E2C5D5C647B332C347D2426706F3D313426736E3D592673743D52535F53544F434B5F4E554D4245522677633D4E4F4E45267573743D3531322D37383326
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Applications

e Structural and nonstructural glazing

e Structural attachment of many panel systems
* Panel stiffener applications

* Weather sealing of most common construction materials including glass, aluminum, steel,
painted metal, EIFS, granite and other stone, concrete, brick and plastics

Typical properties:

Test Property Unit Result
As Supplied
ASTM C679  Tack-Free Time, 50% RH hours 3
Curing Time at 25°C (77°F) and days 7-14
50% RH
Full Adhesion days 14-21
ASTM C639  Flow, Sag or Slump Inches (mm) 0.1(2.54)
Working Time minutes 20-30
VOC Content! g/L 28
As Cured-After 21 days at 25°C (77°F) and 50% RH
ASTM D 2240 Duro meter Hardness, Shore A points 35
ASTM C794  Peel Strength Ib/in (kg/cm) 32(5.7)
ASTM C 1135 Tension Adhesion Strength
At 25% extension psi (MPa) 45 (0.310)
At 50% extension psi (MPa) 60 (0.414)
ASTM C719 Joint Movement Capability percent +50
ASTM C 1248 Staining (granite, marble, limestone, None

brick and concrete)

As Cured-After 21 days at 25°C (77°F) and 50% RH followed by 10,000 hours in a QUV

weather ometer, ASTM G 53

ASTM C 1135 Tensile Adhesion Strength

At 25% extension
At 50% extension

psi (MPa)
psi (MPa)

35(0.241)
50 (0.345)




