
The EVO Lite® is extremely lightweight, weighing in at under 
300g, around 20% lighter than a standard safety helmet. 
The low weight coupled with the new supreme comfort 
harness and unique 1-2-3 point rear harness depth 
settings ensure a perfect, comfortable fit for all 
head sizes. Performing above the EN397 standard 
thanks to its ABS lightweight shell and cutting 
edge design developed by the JSP R&D team 
responsible for EVO8® the world’s strongest 
industrial safety helmet. 

Supreme Comfort
Weighing just 300g with a 6 point Terylene 
cradle harness system offering unrivalled 
comfort without compromising performance.

Deluxe Sweatband
Egyptian cotton core with porous PU coating 
for maximum sweat absorption. PH neutral, 
dermatologically tested.

Precision Fitting
Never before has such a precise fit been 
attainable on an industrial safety helmet,  
using the unique 1-2-3 point harness depth 
settings - 1 for smaller heads, 2 for medium 
size heads, 3 for large size heads.

Universal Accessories Slots
Enables firm fitting of a range of ‘Surefit™’ 
safety visors, and ear defenders.

Ventilation Option
Side and rear ventilation for optimum air 
movement inside the shell, reducing helmet 
temperatures by an average 2-3 degrees.

Branding
Our largest logo print area yet! Increasing 
brand and workforce recognition.

1

2

3

4

5

6

LITE Construction
LITE Engineering
LITE Manufacturing
LITE Electrical 

LITE inDUSTRIAL
LITE Telecoms
LITE Highway 
LITE Maintenance

APPLICATIONS
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-3 POINT DEPTH SETTINGS  •  EASY TO USE  •  SECONDS TO ADJ
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EVO ® 
THE LIGHTEST SAFETY 
HELMET AVAILABLE IN THE UK 
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UK TEL: 01993 826050

CODE DESCRIPTION

AEJ030-001-100 Contour Helmet Mounted Ear Defenders - Black

AEJ030-000-500 Contour Helmet Mounted Ear Defenders - Blue

ANV000-001-108 Surefit™ Visor Carrier 

ANX060-230-000 Surefit™ “Contour” 20cm Unbound Polycarb Visor

AHV000-500-000 Deluxe Chin Strap

HELMET COLOURS 
Please insert the following two digit number in place of the 
dashes into the code of your required Helmet to indicate 
your colour selection on your order.  For additional colours 
please contact your local distributor. 

01 White 02 Yellow 03 Green 05 Blue 06 Red 08 Orange

CODE DESCRIPTION CARTON 
QTY

AJC160-000-_00 Micro Peak 10

AJD160-000-_00 Micro Peak Vented 10

CODE DESCRIPTION CARTON 
QTY

AJA160-000-_00 Mid Peak 10

AJB160-000-_00 Mid Peak Vented 10

SPECIFICATION
STANDARD EN 397:1995

SHELL MATERIAL      High Strength ABS

STRAP MATERIAL PolyEthylene
CERTIFIED 

TEMPERATURES -20°C to + 50°C

WEIGHT < 300g
1000V (AC) ELECTRICAL 

INSULATION EN 50365:2002

MOLTEN METAL 
RESISTANCE  3

Lateral Deformation 3
INTERNATIONAL 

ACCESSORY SLOTS 3
6-POINT SUPREME 

COMFORT HARNESS 3
ADJUSTMENT RANGE 53cm - 64cm

Like all JSP safety helmets, the EVO Lite® 
can be branded with your corporate logo 
or company details. Extra large print area 
for branding on the front, sides and back. 
Printed helmets can be delivered within 
seven working days from JSP’s receipt of 
approved artwork.

Add your logo
           to our products
Add your logo
           to our products

logoEXPRESSlogoEXPRESS™
extra large print area
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FULL RANGE OF SUREFIT™ 
ACCESSORIES AVAILABLE

BROWSE OUR FULL RANGE AT THE NEW

www.jsp.co.uk
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