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ITEM COMPONENT | MATERIAL | FINISH
| | INSERT POLYAMIDE BLACK
5 = CONTACTS COPPER SILVER
ALLOY PLATED
3 1 0-RING NITRILE BLACK
4 .| COUPLING NUT BRASS NICKEL
PLATED
3 1 MOLDED BODY | POLYAMIDE BLACK
6 1 GROMMET NITRILE BLACK
. | CORD GRIP POLYAMIDE BLACK
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WIRING CHART
VOLTAGE RATING 30VAC/36VDC
AMPERAGE RATING 4 AMPS
PROTECTION IP67
OPERATING -22°C TO 90°C
TEMPERATURE
CSA CERTIFICATIONS CSA CERTIFIED, FILE NO.
LR683/
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