RO

Datasheet
Electronic Digital Indicators

RS Stock number 724-4030

Description:

Vertical or horizontal position.

Dial rotates 90° either side of vertical position.

LCD display with large 12.5mm digits.

Travel: 12.5mm / 0.5in.

Repeatability: 0.01mm / 0.0005in.

3 button operation: ON/OFF, Metric/Inch conversion, Zero reset.
Measuring speed: 1.5m/s.

Fitted with Lug Back.

Ball anvil measuring tip with M2.5 thread.

Specifications:

Accuracy: 1+ 0.005 mm

Battery Operated: Yes

Imperial or Metric: Both

Maximum Measurement: 12.5 mm
Measurement Range: Maximum of 25 mm
Metric-lImperial Conversion: Yes

Resolution: 0.001 mm

SPC Data Output: Yes

Zero Resettable: Yes
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Dial Face Diameter: 57 mm

Digit Size: 14 mm

Clamping: 8 mm Stem / Lug Back
Contact Point: Ball Type / M2.5 mm Thread
Range: 12.5 mm

Repeatability: 0.001 mm

Speed: <0.5m/s

Power: 1 x SR44; 1.5v Cell
Operating Temperature: 0-40°C

Storage Temperature: -20-70°C

Relativity Humidity: < 80%




