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The information contained within this datasheet is for guidance only. 
The data and suggested application are not exhaustive. All dimensions 
quoted are nominal figures. Please note that some products may be 
subject to a degree of shrinkage when installed into some applications.

Cobawash

Continued on next page

Washable in a domestic washing machine (sizes 0.6m x •	
0.85m)
Traps up to 90% of tracked-in dirt•	
Also traps moisture, grit and grease•	
Non-skid nitrile rubber backing•	
Bleach and fade resistant - 11 year warranty against •	
significant colour loss

Technical Specifications:
Pile material is 100% polypropylene•	
Pile height - 4mm•	
Total weight - 2.7 kg/m2•	
Product height: 7mm•	

Dimensions 
(m.)

Weight
Kg

Packaging 
Dimensions (cm.)

Packaging 
Type

Packaging 
Volume (m.)

Packaging 
Quantity

Colour Part Code

0.6 x 0.85 2 17.5 x 17.5 x 75 Box 0.005 1 Black/Steel LM010601

Black/Brown LM010501

Black/Blue LM010201

Black/Red LM010301

0.85 x 1.5 4 17.5 x 17.5 x 105 Box 0.02 1 Black/Steel LM010602

Black/Brown LM010502

Black/Blue LM010202

Black/Red LM010302

1.15 x 1.75 6 23 x 23 x 124 Box 0.03 1 Black/Steel LM010603

Black/Brown LM010503

Black/Blue LM010203

Black/Red LM010303

Surface Material:			   Solution dyed Nylon, tufted into a non-woven Polyester
Yarn:				    Twisted and heat sealed nylon yarn	
Backing Material			   Nitrile Rubber
Anti Static:			   Electrostatic conductivity is below the 2Kv 
				    threshold of human sensitivity at 45% relative humidity/250 C
Border:				    Reinforced
Pile Weight:			   700gM_				  
Operating Temperature:		  0°  to 60° C
Resistance to Chemicals:		  N/A
Environmental Resistance:		 Suitable for wet and dry environments. For indoor use only.
UV Resistance:			   Yes
Absorption:			   Holds up to 800g/ M_ dry dust or 3.5 litres of water
Typical Applications:		  Lobbies, Hallways, Entrance areas and Doorways.
Installation Method:		  Loose lay
Cleaning Method:			  0.6m x 0.85m can be washed in standard domestic washing 					   
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		  machines. All other sizes can be laundered in commercial washing machines.
	

Product Performance:
				    Fatigue:			   N/A
				    Slip Resistance:	
				    Wear:			 
				    Low ‡ High		

Flame Retardancy:		  Passes BS4790:1987 (hot metal nut test) low radius of effects of ignition.

Country of Origin:	 	 E.E.C.
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