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Datasheet 

RS Pro Resistance Wire Single Core 623m

RS Stock No: 714-1741 

RS Pro single core wire of 623 m is a 80/20 nickel chrome alloy resistance wire. Suitable for control 
resistors. It has operating temperatures of up to 1150°C. 

Features and Benefits 
• 80/20 nickel chrome alloy resistance wire
• Operating temperatures of +1150°C
• Suitable for control resistors
• 200 g reels

Product Details
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Specifications: 
Cable Shape Single Core 

Conductor Material Nickel Chrome Alloy 

Length 623 m 

Maximum Operating Temperature +1150°C 

Operating Temperature Range Maximum of +1150°C 

Outer Diameter 0.213 mm 


