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Datasheet

6.35 x 31.75mm T Cariridge Fuse, 4A, 250V
RS Stock 611-9009
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Specifications:
Interrupting Rating
* 10,000 amperes at125V AC (32mA-10A) i
* 35 amperes at 250V AC (32mA-1A ===
* 100 amperes at 250V AC (1.2-3.5a)

* 200 amperes 250V AC (4A-10A)

* 500 amperes 125V AC (1A-15A) PSE —rH
* 100 amperes at 250 V AC (100mA-15A) PSE,KTL — T
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Electrical Characteristics

Blowing Time

100% 4 hours Min N

TIME(s)

135% 1 hour Max

001

200% 120 sec Max




