har-hus 64

02

14

harbus 64 . complementary to IEC 61076-4-113

Number of contacts

160

Female connectors

Identification

Female connectors, angled

with solder pins
for rear access

for har-bus® 64
male connector

Dimensions
02 04 160 1101

Dimensions
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Board drillings

Mounting side
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