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Datasheet 

RS Pro Assorted Nylon Non-Releasable Cable Tie, 100 
mm, 203 mm, 280 mm x 2.5 mm, 4.6 mm, 4.8 mm, BP-850 
RS Stock No: 233-130 

                       

 

 

 

RS Pro nylon 66 non-releasable cable tie in assorted colour, has lengths of 100 mm, 203 mm and 280 mm and 
widths of 2.5 mm, 4.6 mm and 4.8 mm. The canister pack offers a range of colours and sizes of multi-purpose 
cable ties. 
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Specifications: 
Colour Assorted 

Fire Behaviour Flame Retardant 

Length 100 mm, 203 mm, 280 mm 

Material Nylon 66 

Maximum Bundle Diameter 25 mm, 55 mm, 81 mm 

Maximum Operating Temperature +85°C 

Minimum Operating Temperature -40°C 

Operating Temperature Range -40 to +85°C 

Product Name Cable Tie 

Quantity 850 

Standards Met RoHS Compliant 

Tensile Strength 18 lb, 50 lb 

Type Non-Releasable 

Width 2.5 mm, 4.6 mm, 4.8 mm 

  
 

 


